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Important information: Würth Elektronik’s design kits contain reference components. These components correspond with the current product development status on the day of supply.  
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Test cable: AWG26, 100 mm

742 758 13(S) 742 758 12(S)
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Test cable: AWG26, 100 mm

742 715 4(S) 742 715 3(S)
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Test cable: AWG26, 100 mm

742 715 5(S) 742 715 1(S)
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Test cable: AWG26, 150 mm

742 716 22(S) 742 716 33(S)

742 711 40(S) 742 711 42(S)
STAR-TEC – Multi-purpose Ferrite

Ø Cable: 2.0 – 3.0 Ø Cable: 3.5 – 5.0
Material: 91101004 Material: 91101004

742 715 3(S) 742 715 4(S)
STAR-RING – Screwable Fixation

Ø Cable: ≤ 8.0 Ø Cable: ≤ 16.0
Material: 91101004 Material: 91101004

742 716 33(S) 742 716 22(S)
STAR-GAP – HF & Saturation Specialist

Ø Cable: 4.5 – 8.0 Ø Cable: 8.5 – 12.5
Material: 91101004 Material: 91101004

742 711 11(S) 742 711 12(S)
STAR-TEC – Multi-purpose Ferrite

Ø Cable: 3.5 – 5.0 Ø Cable: 4.5 – 6.0
Material: 91101004 Material: 91101004

742 715 1(S) 742 715 5(S)
STAR-RING – Screwable Fixation

Ø Cable: ≤ 14.5 Ø Cable: ≤ 27.0
Material: 91101004 Material: 91101004

742 771 1 742 771 3 742 772 2
STAR-CLIP – Fixation Specialist

suitable for  
742 7x1 11(S) 
742 7x1 12(S) 
742 716 33(S)

suitable for  
742 7x1 31(S) 
742 7x1 32(S)

suitable for  
742 7x2 21(S) 
742 7x2 22(S)

742 711 31(S) 742 711 32(S)
STAR-TEC – Multi-purpose Ferrite

Ø Cable: 6.0 – 7.5 Ø Cable: 7.0 – 8.5
Material: 91101004 Material: 91101004

742 712 21(S) 742 712 22(S)
STAR-TEC – Multi-purpose Ferrite

Ø Cable: 8.5 – 10.5 Ø Cable: 10.5 – 12.5
Material: 91101004 Material: 91101004

742 758 12(S) 742 758 13(S)
STAR-BUENO – Compact Allrounder

Ø Cable: 2.5 – 5.0 Ø Cable: 4.5 – 8.5
Material: 91101004 Material: 91101004

742 71
STAR-KEY – The Opener

742 721 40(S) 742 721 42(S)
STAR-TEC LFS – Low Frequency Specialist

Ø Cable: 2.0 – 3.0 Ø Cable: 3.5 – 5.0
Material: 91102001 Material: 91102001 

NiZn
MnZn

NiZn HF

742 721 11(S) 742 721 12(S)
STAR-TEC LFS – Low Frequency Specialist

Ø Cable: 3.5 – 5.0 Ø Cable: 4.5 – 6.0
Material: 91102001 Material: 91102001 

742 721 31(S) 742 721 32(S)
STAR-TEC LFS – Low Frequency Specialist

Ø Cable: 6.0 – 7.5 Ø Cable: 7.0 – 8.5
Material: 91102001 Material: 91102001 

742 722 21(S) 742 722 22(S)
STAR-TEC LFS – Low Frequency Specialist

Ø Cable: 8.5 – 10.5 Ø Cable: 10.5 – 12.5
Material: 91102001 Material: 91102001 

742 758 15(S)
STAR-BUENO – Compact Allrounder

Ø Cable:  4.5 – 8.5
Material:  91101004
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Test cable: AWG26, 100 mm

 742 711 4x(S)
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Test cable: AWG26, 100 mm

 742 711 1x(S)
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Test cable: AWG26, 100 mm

 742 711 3x(S)
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Test cable: AWG26, 150 mm

 742 712 2x(S)
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Test cable: AWG26, 100 mm

 742 721 4x(S)
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Test cable: AWG26, 100 mm

 742 721 1x(S)
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Test cable: AWG26, 100 mm

 742 721 3x(S)
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Test cable: AWG26, 150 mm

 742 722 2x(S)
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Test cable: AWG26, 150 mm

 742 758 15(S)


