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744 393 690 22

L: 2.2 µH

R
DC ±10 %

: 2.2 mΩ

I
R
: 16 A

ISAT: 34 A

744 393 690 33

L: 3.3 µH

R
DC ±10 %

: 3.4 mΩ

I
R
: 15 A

ISAT: 29 A

744 393 690 47

L: 4.7 µH

R
DC ±10 %

: 5.4 mΩ

I
R
: 13 A

ISAT: 27 A

744 393 690 56

L: 5.6 µH

R
DC ±10 %

: 6.4 mΩ

I
R
: 11 A

ISAT: 23 A

744 393 690 68

L: 6.8 µH

R
DC ±10 %

: 7.6 mΩ

I
R
: 10 A

ISAT: 21.5 A

744 393 701 00

L: 10 µH

R
DC ±10 %

: 6.5 mΩ

I
R
: 11.5 A

ISAT: 35.8 A

744 393 701 50

L: 15 µH

R
DC ±10 %

: 11.3 mΩ

I
R
: 10 A

ISAT: 34 A

744 393 702 20

L: 22 µH

R
DC ±10 %

: 13.3 mΩ

I
R
: 8 A

ISAT: 24 A

744 393 700 68

L: 6.8 µH

R
DC ±10 %

: 4.1 mΩ

I
R
: 15 A

ISAT: 46 A
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744 393 700 47

L: 4.7 µH

R
DC ±10 %

: 3.5 mΩ

I
R
: 17 A

ISAT: 58 A
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10

744 393 700 82

L: 8.2 µH

R
DC ±10 %

: 6.5 mΩ

I
R
: 13 A

ISAT: 44 A

DESIGN KIT 
WE-XHMI – SMD Xtreme High Current Molded Inductor 


