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782 792 20 800

Z @ 100 MHz:  80 Ω

RDC:   18 mΩ

IR: 4 A

782 792 20 321

Z @ 100 MHz:  320 Ω

RDC:   50 mΩ

IR: 2.5 A

782 792 20 601

Z @ 100 MHz:  600 Ω

RDC:   80 mΩ

IR: 2.1 A

782 792 21 281

Z @ 100 MHz:  280 Ω

RDC:   35 mΩ

IR: 3.5 A

782 792 21 601

Z @ 100 MHz:  600 Ω

RDC:   50 mΩ

IR: 2.5 A

1206

782 792 24 551

Z @ 100 MHz:  550 Ω

RDC:   35 mΩ

IR: 4 A

2220

782 792 24 401

Z @ 100 MHz:  400 Ω

RDC:   20 mΩ

IR: 4.5 A

782 792 24 181

Z @ 100 MHz:  180 Ω

RDC:   10 mΩ

IR: 5 A

782 792 24 271

Z @ 100 MHz:  270 Ω

RDC:   20 mΩ

IR: 4 A

782 792 25 101

Z @ 100 MHz:  100 Ω

RDC:   4 mΩ

IR: 10 A

3312

2220

782 792 23 560

Z @ 100 MHz:  56 Ω

RDC:   4 mΩ

IR: 10 A

782 792 26 101

Z @ 100 MHz:  100 Ω

RDC:   6 mΩ

IR: 8 A

782 792 24 101

Z @ 100 MHz:  100 Ω

RDC:   5 mΩ

IR: 7 A

782 792 24 151

Z @ 100 MHz:  150 Ω

RDC:   10 mΩ

IR: 5 A

782 792 24 171

Z @ 100 MHz:  170 Ω

RDC:   15 mΩ

IR: 4 A
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