TECHNICAL CHARACTERISTICS
MATERIAL
INSULATOR: PAG6
FLAMABILITY RATING: UL94-VO
COLOR: GREEN
CONTACT PIN: BRASS (CuZn)
SOLDER TAIL PLATING: TIN
f 1 ENVIRONMENTAL
OPERATING TEMPERATURE: -40 UP TO 105°C
COMPLIANCE: LEAD FREE AND ROHS
ELECTRICAL cULus VDE
CURRENT RATING: 20A 20A
o WORKING VOLTAGE: 300VAC 300VAC
o WITHSTANDING VOLTAGE:  1.6KV 2.5KV
CONTACT RESISTANCE: 20 mOhm MAX
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