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CUSTOMER TO DETERMINE LAND LAYOUT
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WIURTH ELEKTRONIK

ELECTRICAL SPECIFICATIONS ® 25°C unless otherwise noted:

PARAMETER TEST CONDITIONS VALUE
INDUCTANCE 23-22 [100kHz, 100mVAC, 35mADC, Lp] 350uH min.
INDUCTANCE 20-19 [100kHz, 100mVAC, 35mADC, Lg 350uH min.
INDUCTANCE 17-16 [100kHz, 100mVAC, 35mADC, Lp] 350uH min.
INDUCTANCE 14—13 [100kHz, 100mVAC, 35mADC, Lp 350uH min.
DIELECTRIC 1-24 tfgég};ﬁ;“st f;gfgg& 1500Vrms, 1 minute
TURNS RATIO (2-3):(23-22) 11, 2%
TURNS RATIO (5-6):(20-19) 11, 2%
TURNS RATIO (8-9):(17-16) 11, 127
TURNS RATIO (11-12):(14-13) 14, +2%
INSERTION LOSS 500k — 100MHz “1.0dB max.
RETURN LOSS 500k — 40MHz ~16dB min.
RETURN LOSS 40M — 60MHz “14dB min.
RETURN LOSS 60M — 80MHz ~12dB min.
RETURN LOSS 80M — 100MHz ~10dB min.
CROSSTALK 1M — 100MHz _28dB min.
CMRR 500k — 32MHz ~42dB min.
CMRR 32M — 100MHz ~33dB min.

GENERAL SPECIFICATIONS:

OPERATING TEMPERATURE RANGE: 0°C to +70°C.

COPLANARITY:
of Surface A

after lead tinning.

All 24 terminals must lie on a plane within .004 [.10]

Designed for increased PoE+ requirement, 1.16A current capability.

Full rated operating current of 1.15A through each center tap will cause

a temp rise of 25°C.

Inductance value at 70°C to 95°C is 300uH min.

REV. DATE Packaging Specifications

Method: Tape & Resl
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Angles: £1°
Fractions: +1/64

Decimals:

@1

Tolerances unless otherwise specified:
+.010
Footprint: £.005
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CONVENTION PLACEMENT | This drawing is dual dimensioned.
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SEE REVISION SHEET FOR REVISION LEVEL

Dimensions

in brackets are in millimeters.
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