
 ELECTRICAL SPECIFICATIONS @ 25°C unless otherwise noted:

D.C. RESISTANCE (@20°C): 2-9 ,  0.080 Ohms ±20%.

INDUCTANCE: 281µH ±10%, 10kHz, 100mVAC, 0mADC, 2-9, Ls.

SATURATION CURRENT: 6.3A saturating current that causes 20% rolloff from initial inductance.

OPERATING TEMPERATURE RANGE: -40°C to 125°C including temp. rise.

Safety Standard Undefined T_0_5543

WE-Midcom, Inc.
Unless otherw ise sp ecified, tolerances are as follow s:                

Angles: ±1°                 F ractions: ±1/64           

Decimals:±.005(.127 mm)
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