CUSTGMER TERMINAL | RoHS | LEAD(Pb)—FREE

Sn96%, Ag4% Yes Yes
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CUSTOMER TO DETERMINE LAND LAYOUT
GENERAL SPECIFICATIONS:

OPERATING TEMPERATURE RANGE: —40°C to +85°C.

Designed to comply with the following requirements as defined by IEC60950-1,

EN60950—1, UL60950—1/CSA60950—1 and AS/NZS60950.1:

— Functional insulation for a primary circuit at a working voltage of 265Vrms,
400Vpeak, Overvoltage Category IL

Wire insulation & RoHS status not affected by wire color.
Wire insulation color may vary depending on availability.
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