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APPROVAL: RJ UNIT: MM
SCALE: 
SHEET: 1/1
DRAW: PEARL

PROJECTION: GENERAL TOLERANCE

.X = +/- 0.2

.XX = +/- 0.15

RoHS Compliant

WERI PART NO: 691900 xxx xxx 

DESCRIPTION: WR-TBL Terminal block - Label 
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Pitch

H
eight

691 900 910 101
P: 2.54
H: 2.80
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TECHNICAL CHARACTERISTICS

MATERIAL
LABEL: PET
COLOR: WHITE
PRINT COLOR: BLACK

ENVIRONMENTAL
OPERATING TEMPERATURE: -20° UP TO 105°C
COMPLIANCE: LEAD FREE AND ROHS

PACKAGING
BAG OF 25 SHEETS

Note: Order Code 1 pc = 1 sheet of 15 labels

DIMENSION
A = X x 15 + 9,8
B =Pitch x 10
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Order Code Sticker Numbers Pitch/ Height 
691 900 910 101 1 to 10 
691 900 910 201 11 to 20 
691 900 910 301 21 to 30 
691 900 910 x01 x1 to (x +1)0 

2,54/ 2,8 mm 

691 900 110 101 1 to 10 
691 900 110 201 11 to 20 
691 900 110 301 21 to 30 
691 900 110 x01 x1 to (x +1)0 

3,50/ 2,8 mm 

691 900 310 101 1 to 10 
691 900 310 201 11 to 20 
691 900 310 301 21 to 30 
691 900 310 x01 x1 to (x +1)0 

3,81/ 2,8 mm 

691 900 710 102 1 to 10 
691 900 710 202 11 to 20 
691 900 710 302 21 to 30 
691 900 710 x02 x1 to (x +1)0 

5,00/ 3,8 mm 

691 900 510 102 1 to 10 
691 900 510 202 11 to 20 
691 900 510 302 21 to 30 
691 900 510 x02 x1 to (x +1)0 

5,08/ 3,8 mm 

691 900 910 102 1 to 10 
691 900 910 202 11 to 20 
691 900 910 302 21 to 30 
691 900 910 x02 x1 to (x +1)0 

7,50/ 3,8 mm 

691 900 410 102 1 to 10 
691 900 410 202 11 to 20 
691 900 410 302 21 to 30 
691 900 410 x02 x1 to (x +1)0 

7,62/ 3,8 mm 

691 900 610 103 1 to 10 
691 900 610 203 11 to 20 
691 900 610 303 21 to 30 
691 900 610 x03 x1 to (x +1)0 

10,16/ 5,0 mm 

 


